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CX SERIES

SPRING TERMINAL BLOCKS FEED THROUGH TERMINAL BLOCKS
CX2.5 CX4 CX6 CX10
Dimensions
‘Width ‘ ‘ 5 mm ‘ ‘ 6 mm ‘ ‘ 8 mm ‘ ‘ 10 mm
‘ Length ‘ ‘ 49.7 mm ‘ ‘ 54.8 mm ‘ ‘ 67.1 mm ‘ ‘ 71.7 mm
Height w DIN Rail 35 x 7.5 mm 38.0 mm 38.0 mm 43.0 mm 49.5 mm
35x 15 mm 45.5 mm 45.5 mm 50.5 mm 57.0 mm
Technical Data/Ratings
T WG . @ . @ R @
- E220514 60947-7-1 60947-7-1 E220514 60947-7-1 E220514 60947-7-1
Wire Size (solid / stranded) 24-12AWG | 02-25mm? = 24-10AWG | 0.2-4 mm2 24-8AWG | 0.2-6 mm? 24-6 AWG | 0.2-10 mm?
Voltage Rating 600V 1000V 600V 1000V 600V 1000V 600V 1000V
Current Rating 20A 24 A 30A 32A 50 A 4 A 65A 57 A
Insulation Material ‘ ‘ Polyamide 66 ‘ ‘ Polyamide 66 ‘ ‘ Polyamide 66 ‘ ‘ Polyamide 66
Installation Instructions
Wire Stripping LeNgth em——— 10 mm 10 mm 10 mm 18 mm
Screwdriver @ 0.5x3 mm 0.6x3.5 mm 0.8x4 mm 0.8x4 mm
Terminal Blocks Cat. No. Std. Pk. Cat. No. Std. Pk. Cat. No. Std. Pk. Cat. No. Std. Pk.
Grey (standard) CX2.5 100 CcX4 100 CX6 100 CX10 50
Red R CX2.5R 100 CX4/R 100 CX6/R 100 CX10/R 50
Blue BU CX2.5/8U 100 CX4/BU 100 CX6/BU 100 CX10/BU 50
Black BL CX2.5BL 100 CX4BL 100 CX6BL 100 CX10BL 50
Orange 0 CX2.5/0 100 CX4/0 100 CX6/0 100 CX10/0 50
Green G CX2.5/G 100 CX4/G 100 CX6/G 100 oX10/6 50
Yellow Y CX2.5/Y 100 CX4/Y 100 CX6/Y 100 CX10/Y 50
White w CX2.5/W 100 CX4/W 100 CX6/W 100 oX10/W 50
Accessories Cat. No. Std. Pk. Cat. No. Std. Pk. Cat. No. Std. Pk. Cat. No. Std. Pk.
‘ End Plate ‘ ‘ EPCX2.5 50 ‘ ‘ EPCX4 50 ‘ ‘ EPCX6 50 ‘ ‘ EPCX10 20
‘ Partition Plate ) ‘ ‘ PPCX4 20 ‘ ‘ PPCX4 20 ‘ ‘ PPCX10 20 ‘ ‘ PPCX10 20
DIN Rail ~ - | [ 2511120 20 2511120 20 2511120 20 2511120 20
CA701-15/S 20 CA701-15/S 20 CA701-15/S 20 CA701-15/S 20
End Stop CA702 50 CA702 50 CA702 50 CA702 50
@ CA802 50 CA802 50 CA802 50 CA802 50
CA103 50 CA103 50 CA103 50 CA103 50
Shorting Link/ 2pole | | Ux2.5/2 100 JIX4/2 100 JX6/2 100 JX10/2 20
Jumpers. g 3pole | | JX2.5/3 50 JIX4/3 50 JX6/3 50 JX10/3 =
4pole | | Jx2.5/4 50 JIX4/4 50 JX6/4 50 JX10/4 =
TOTOUO0T0T  10pole | | JX2.5/10 10 X410 10 JX6/10 10 JX10/10 -
‘ Warning Label ;7 ‘ ‘ WLX2.5 100 ‘ ‘ WLX4 100 ‘ ‘ WLX6 100 ‘ ‘ WLX10 100
‘ Test Plug @ ‘ ‘ TX2.5 50 ‘ ‘ X4 50 ‘ ‘ X6 50 ‘ ‘ TX10 50
‘ Marking Tag @‘ ‘ MT5 100 ‘ ‘ MT6 100 ‘ ‘ MT8 100 ‘ ‘ MT10 100
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CX SERIES

MULTIPLE CONNECTION TERMINAL BLOCKS

SPRING TERMINAL BLOCKS

CX2.5/3 CX2.5/4 CX4/3
Dimensions
‘ Width 5 mm ‘ ‘ 5 mm ‘ ‘ 6 mm ‘
‘ Length 62.2mm ‘ ‘ 74.7 mm ‘ ‘ 70.5mm ‘
Height w DIN Rail 35 x 7.5 mm 38.0 mm 38.0 mm 38.0 mm
35x 15 mm 45.5 mm 45.5 mm 45.5 mm
Technical Data/Ratings
os e W @ R @ WG
- E220514 60947-7-1 E220514 60947-7-1 E220514 60947-7-1
Wire Size (solid | stranded) 24-12AWG | 02-25mm? | 24-12AWG | 0.2.5 mm? 24-10AWG | 0.2-4 mm?
Voltage Rating 600V 1000V 600V 1000V 600V 1000V
Current Rating 20A 24 A 20A 24 A 30A 32A
Insulation Material Polyamide 66 ‘ ‘ Polyamide 66 ‘ ‘ Polyamide 66
Installation Instructions
Wire Stripping LeNgth emm—e— 10 mm 10 mm 10 mm
Screwdriver @ 0.5x3 mm 0.5x3 mm 0.6x3.5 mm
Terminal Blocks Cat. No. Std. Pk. Cat. No. Std. Pk. Cat. No. Std. Pk.
Grey (standard) CX2.5/3 100 CX2.5/4 50 CcX4/3 50
Red R CX2.5/3/R 100 CX2.5/4/R 50 CX4/3/R 50
Blue BU CX2.5/3/BU 100 CX2.5/4/BU 50 CX4/3/BU 50
Black BL CX2.53/BL 100 CX2.5/4/BL 50 CX4/3/BL 50
Orange 0 CX2.5/3/0 100 CX2.5/4/0 50 CX4/3/0 50
Green G CX2.5/3/G 100 CX2.5/4/G 50 CX4/3/G 50
Yellow Y CX2.5/3/Y 100 CX2.5/4/Y 50 CX4/3/Y 50
White w CX2.53//W 100 CX2.5/4/W 50 CX4/3/W 50
Accessories Cat. No. Std. Pk. Cat. No. Std. Pk. Cat. No. Std. Pk.
‘ End Plate ‘ ‘ EPCX2.5/3 50 ‘ ‘ EPCX2.5/4 20 ‘ ‘ EPCX4/3 20 ‘
‘ Partition Plate ) ‘ ‘ PPCX4/3 20 ‘ ‘ PPCX4/4 20 ‘ ‘ PPCX4/3 20 ‘
DIN Rail ~_r~ | 2511120 20 2511120 20 2511120 20
CA701-15/S 20 CA701-15/S 20 CA701-15/S 20
End Stop CA702 50 CA702 50 CA702 50
@ CA802 50 CA802 50 CA802 50
CA103 50 CA103 50 CA103 50
Shorting Link/ 2pole | | Ux2.5/2 100 JIX2.5/2 100 X2 100
Jumpers g 3pole | | JX2.5/3 50 JX2.5/3 50 Jxa/3 50
4pole | | JX2.5/4 50 JIX2.5/4 50 Jxa/4 50
TOTTUT0U0T 10 pole | | JX2.5/10 10 JX2.5/10 10 JX4/10 10
‘ Warning Label ;7 ‘ ‘ WLX2.5 100 ‘ ‘ WLX2.5 100 ‘ ‘ WLX4 100 ‘
‘ Test Plug ? ‘ ‘ TX2.5 50 ‘ ‘ TX2.5 50 ‘ ‘ X4 50 ‘
‘ Marking Tag @‘ ‘ MT5 100 ‘ ‘ MT5 100 ‘ ‘ MT6 100 ‘
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CX SERIES

SPRING TERMINAL BLOCKS MULTIPLE CONNECTION TERMINAL BLOCKS
CX4/4 CX6/3 CX10/3
Dimensions
‘ Width ‘ ‘ 6mm ‘ ‘ 8mm ‘ ‘ 10 mm ‘
‘ Length ‘ ‘ 86.2 mm ‘ ‘ 82.2 mm ‘ ‘ 97.0 mm ‘
Height w DIN Rail 35 x 7.5 mm 38.0 mm 43.0 mm 49.5 mm
35x 15 mm 45.5 mm 50.5 mm 57.0 mm
Technical Data/Ratings
Approvals
s e mose W @ A @ A @
- E220514 60947-7-1 E220514 60947-7-1 E220514 60947-7-1
Wire Size (solid | stranded) 24-10AWG | 0.2-4.0 mm? 24-8AWG | 0.2-6 mm? 24-6 AWG | 0.2-10 mm?
Voltage Rating 600V 1000V 600V 1000V 600V 1000V
Current Rating 30A 32A 50 A 4 A 65A 57 A
Insulation Material ‘ ‘ Polyamide 66 ‘ ‘ Polyamide 66 ‘ ‘ Polyamide 66
Installation Instructions
Wire Stripping LeNgth em——— 10 mm 10 mm 18 mm
Screwdriver @ 0.6X3.5 mm 0.8X4 mm 0.8x4 mm
Terminal Blocks Cat. No. Std. Pk. Cat. No. Std. Pk. Cat. No. Std. Pk.
Grey (standard) CX4/4 50 CX6/3 50 CX10/3 50
Red R CX4/4/R 50 CX6/3/R 50 CX10/3/R 50
Blue BU CX4/4/BU 50 CX6/3/BU 50 CX10/3/8U 50
Black BL CX4/4BL 50 CX6/3/BL 50 CX10/3BL 50
Orange 0 CX4/4/0 50 CX6/3/0 50 CX10/3/0 50
Green G CX4/4/G 50 CX6/3/G 50 CX10/3/G 50
Yellow Y CX4/4/Y 50 CX6/3/Y 50 CX10/3/Y 50
White w CX4/4/W 50 CX6/3/W 50 CX10/3/W 50
Accessories Cat. No. Std. Pk. Cat. No. Std. Pk. Cat. No. Std. Pk.
‘ End Plate ‘ ‘ EPCX4/4 20 ‘ ‘ EPCX6/3 20 ‘ ‘ EPCX10/3 20
‘ Partition Plate ) ‘ ‘ PPCX4/4 20 ‘ ‘ PPCX10/3 20 ‘ ‘ PPCX10/3 20
DIN Rail ~ - | [ 2511120 20 2511120 20 2511120 20
CA701-15/S 20 CA701-15/S 20 CA701-15/S 20
End Stop CA702 50 CA702 50 CA702 50
@ CA802 50 CA802 50 CA802 50
CA103 50 CA103 50 CA103 50
Shorting Link/ 2 pole | | uxar2 100 JX6/2 100 JX10/2 20
Jumpers = 3 pole | | JX4/3 50 JX6/3 50 - -
4pole | | Jx4/4 50 JX6/4 50 = =
TOTOUOOT0T  10pole | | JX4/10 10 JX6/10 10 - -
‘ Warning Label ;7 ‘ ‘ WLX4 100 ‘ ‘ WLX6 100 ‘ ‘ WLX10 100
‘ Test Plug @ ‘ ‘ X4 50 ‘ ‘ X6 50 ‘ ‘ TX10 50
‘ Marking Tag @‘ ‘ MT6 100 ‘ ‘ MT8 100 ‘ ‘ MT10 100
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MULTIPLE CONNECTION TERMINAL BLOCKS

CX2.5/4P

o—0O O0—O

CX2.5/4(E)D1

o—o—}—o0—o0

CX2.5/4P is a double potential Termi-
nal Block. It allows 2 different voltage
potential to be used within the same
Terminal Block. One side of the
CX2.5/4P can be shorted with the
standard JX2.5 series jumpers.

CX2.5/4(E)D1 is a specially designed
4 connection spring Terminal Block. It
has a built in Diode (1N4007) for re-
verse polarity protection and only al-
lows current to flow in one direction.

CX SERIES

SPRING TERMINAL BLOCKS

Dimensions
‘ Width ‘ ‘ 5mm ‘ ‘ 5mm ‘
\ Length \ \ 74.7 mm \ \ 74.7 mm \
Height w DIN Rail 35 x 7.5 mm 38.0 mm 38.0 mm
35x 15 mm 45.5 mm 45.5 mm
Technical Data/Ratings
Approvals
O ccmmme W @ A @
- E220514 60947-7-1 E220514 60947-7-1
Wire Size (solid | stranded) 24-12 AWG  0.2-2.5 mm? 24-12 AWG | 0.2-2.5 mm?
Voltage Rating 600V 1000V 600V 1000V
Current Rating 20A 24 A 20A 24 A
Insulation Material \ \ Polyamide 66 \ \ Polyamide 66
Installation Instructions
Wire Stripping LeNgth em—— 10 mm 10 mm
Screwdriver @ 0.5x3 mm 0.6x3.5 mm
Terminal Blocks Cat. No. Std. Pk. Cat. No. Std. Pk.
| Grey (standard) | | CX2.5/4P 50 | | CX2.5/4(E)D1 50
Accessories Cat. No. Std. Pk. Cat. No. Std. Pk.
‘ End Plate ‘ ‘ EPCX2.5/4 20 ‘ ‘ EPCX2.5/4 20
‘ Partition Plate ) ‘ ‘ PPCX4/4 20 ‘ ‘ PPCX4/4 20
DIN Rail ~_r || 2511120 20 2511120 20
CA701-15/S 20 CA701-15/S 20
End Stop CA702 50 CA702 50
@ CA802 50 CA802 50
CA103 50 CA103 50
Shorting Link/ 2 pole | | JX2.5/2 100 JX2.5/2 100
Jumpers = 3pole | | JX2.5/3 50 JX2.5/3 50
4pole || JX2.5/4 50 JIX2.5/4 50
TITTUOT000 10 pole | | JX2.5/10 10 JX2.5/10 10
‘ Warning Label }/,7 ‘ ‘ WLX2.5 100 ‘ ‘ WLX2.5 100
‘ Test Plug @ ‘ ‘ TX2.5 50 ‘ ‘ TX2.5 50 ‘
‘ Marking Tag @‘ ‘ MT5 100 ‘ ‘ MT5 100 ‘
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CX SERIES

SPRING TERMINAL BLOCKS GROUND / EARTH TERMINAL BLOCKS
CXG2.5 CXG4 CXG6 CXG10
Dimensions
‘Width 5mm ‘ ‘ 6 mm ‘ ‘ 8 mm ‘ ‘ 10 mm
‘ Length 49.7 mm ‘ ‘ 54.8 mm ‘ ‘ 62.1 mm ‘ ‘ 62.1 mm
Height w DIN Rail 35 x 7.5 mm 38.0 mm 38.0 mm 43.0 mm 43.0 mm
35x 15 mm 45.5 mm 45.5 mm 50.5 mm 50.5 mm
Technical Data/Ratings
oprorts e o P @ A @ A @ A @
- E220514 60947-7-1 E220514 60947-7-1 E220514 60947-7-1 E220514 60947-7-1
Wire Size (solid | stranded) 2412 AWG | 02-25mm? | 24-10AWG | 0.2-4 mm? 24-8AWG | 0.2-6 mm? 24-6AWG | 0.2-10 mm?
Voltage Rating 600V 1000V 600V 1000V 600V 1000V 600V 1000V
Current Rating - - - - - - - -
Insulation Material Polyamide 66 ‘ ‘ Polyamide 66 ‘ ‘ Polyamide 66 ‘ ‘ Polyamide 66
Installation Instructions
Wire Stripping LENgth cmmm— 10 mm 10 mm 10 mm 18 mm
Screwdriver @ 0.5x3 mm 0.6x3.5 mm 0.8x4 mm 0.8x4 mm
Terminal Blocks Cat. No. Std. Pk. Cat. No. Std. Pk. Cat. No. Std. Pk. Cat. No. Std. Pk.
| Yellow / Green = | CXG2.5 100 | | CXG4 100 | | CXG6 100 | | CXG10 50
Accessories Cat. No. Std. Pk. Cat. No. Std. Pk. Cat. No. Std. Pk. Cat. No. Std. Pk.
‘ End Plate ‘ ‘ EPCX2.5 50 ‘ ‘ EPCX4 50 ‘ ‘ EPCX6 50 ‘ ‘ EPCX10 20
‘ Partition Plate L) ‘ ‘ PPCX4 20 ‘ ‘ PPCX4 20 ‘ ‘ PPCX10 20 ‘ ‘ PPCX10 20
DIN Rail ~ - | [ 2511120 20 2511120 20 2511120 20 2511120 20
CA701-15/S 20 CA701-15/S 20 CA701-15/S 20 CA701-15/S 20
End Stop CA702 50 CA702 50 CA702 50 CA702 50
@ CA802 50 CA802 50 CA802 50 CA802 50
CA103 50 CA103 50 CA103 50 CA103 50
Shorting Link/ 2pole | [ Ux2.5/2 100 JIX4/2 100 JX6/2 100 JX10/2 20
JUmpers g 3pole | | JX2.5/3 50 JIX4/3 50 JX6/3 50 - -
4pole | | Jx2.5/4 50 JIX4/4 50 JX6/4 50 - -
TOTOO00000 10 pole | | JX2.5/10 10 JX4/10 10 JX6/10 10 - -
‘ Warning Label ;7 ‘ ‘ WLX2.5 50 ‘ ‘ WLX4 100 ‘ ‘ WLX6 100 ‘ ‘ WLX10 100
‘ Test Plug @ ‘ ‘ TX2.5 50 ‘ ‘ X4 50 ‘ ‘ TX6 50 ‘ ‘ X10 50
‘ Marking Tag @‘ ‘ MT5 100 ‘ ‘ MT6 100 ‘ ‘ MT8 100 ‘ ‘ MT10 100
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CX SERIES

MULTIPLE CONNECTION GROUND / EARTH TERMINAL BLOCKS SPRING TERMINAL BLOCKS

CXG2.5/3 CXG2.5/4 CXG4/3
Dimensions
‘Width ‘ ‘ 5mm ‘ ‘ 5mm ‘ ‘ 6 mm ‘
‘ Length ‘ ‘ 62.2 mm ‘ ‘ 74.7mm ‘ ‘ 70.5mm ‘
Height w DIN Rail 35 x 7.5 mm 38.0 mm 38.0 mm 38.0 mm
35x15 mm 45.5 mm 45.5 mm 45.5 mm

Technical Data/Ratings

Approvals (CEE A @ QA & KA @

E220514 60947-7-1 E220514 60947-7-1 E220514 60947-7-1
Wire Size (solid | stranded) 2012 AWG 02-25mm?  24-12AWG  0.2-25mm?  24-10AWG | 0.2-4 mm?
Voltage Rating 600V 1000V 600V 1000V 600V 1000V
Current Rating = = = = = =
Insulation Material ‘ ‘ Polyamide 66 ‘ ‘ Polyamide 66 ‘ ‘ Polyamide 66

Installation Instructions

Wire Stripping LeNgth em—— 10 mm 10 mm 10 mm
Screwdriver @ 0.5x3 mm 0.6x3.5 mm 0.6x3.5 mm
Terminal Blocks Cat. No. Std. Pk. Cat. No. Std. Pk. Cat. No. Std. Pk.
| Yellow / Green & | | cx62.5/3 100 | | CX62.5/4 50 | |cxear3 50 |
Accessories Cat. No. Std. Pk. Cat. No. Std. Pk. Cat. No. Std. Pk.
‘End Plate ‘ ‘EPCX2.5/3 50 ‘ ‘EPCX2.5/4 20 ‘ ‘EPCX4/3 20 ‘
‘Partition Plate ) ‘ ‘PPCX4/3 20 ‘ ‘PPCX4/4 20 ‘ ‘PPCX4/3 20 ‘
DIN Rail ~ - | [2511120 20 2511120 20 2511120 20
CA701-15/S 10 CA701-15/S 10 CA701-15/S 10
End Stop CA702 50 CA702 50 CA702 50
@ CA802 50 CA802 50 CA802 50
CA103 50 CA103 50 CA103 50
Shorting Link/ 2pole | [Jx2.5/2 100 JIX4/2 100 JIX6/2 100
Jumpers 3pole | | JX2.5/3 50 JIX4/3 50 JX6/3 50
4pole | | JX2.5/4 50 X414 50 JIX6/4 50
TOTTUTOU0T  10pole | | JX2.5/10 10 X410 10 JX6/10 10
‘Warning Label ;7 ‘ ‘WLX2.5 100 ‘ ‘WLX2.5 100 ‘ ‘WLX4 100 ‘
‘Test Plug ? ‘ ‘sz.s 50 ‘ ‘sz.s 50 ‘ ‘TX4 50 ‘
‘Marking Tag @‘ ‘MT5 100 ‘ ‘MT5 100 ‘ ‘MTG 100 ‘
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CX SERIES

SPRING TERMINAL BLOCKS MULTIPLE CONNECTION GROUND / EARTH TERMINAL BLOCKS
CXG4/4 CXG6/3 CXG10/3
Dimensions
\ Width \ \ 6mm \ \ 8mm \ \ 10mm
‘ Length ‘ ‘ 86.2 mm ‘ ‘ 82.2 mm ‘ ‘ 82.2 mm
Height w DIN Rail 35 x 7.5 mm 38.0 mm 43.0 mm 43.0 mm
35x 15 mm 45.5 mm 50.5 mm 50.5 mm
Technical Data/Ratings
Approvals
O cemme W@ A @ A @
- E220514 60947-7-1 E220514 60947-7-1 E220514 60947-7-1
Wire Size (solid | stranded) 24-10 AWG | 0.2-4 mm? 24-8AWG | 0.2-6 mm? 24-6AWG | 0.2-10 mm?
Voltage Rating 600V 1000V 600V 1000V 600V 1000V
Current Rating - - - - - -
Insulation Material ‘ ‘ Polyamide 66 ‘ ‘ Polyamide 66 ‘ ‘ Polyamide 66
Installation Instructions
Wire Stripping LeNgth em——— 10 mm 10 mm 18 mm
Screwdriver @ 0.6x3.5 mm 0.8x4 mm 0.8x4 mm
Terminal Blocks Cat. No. Std. Pk. Cat. No. Std. Pk. Cat. No. Std. Pk.
| Yellow / Green 0] | | cxa4/a 50 I | CXG6/3 50 | |cxators 50
Accessories Cat. No. Std. Pk. Cat. No. Std. Pk. Cat. No. Std. Pk.
‘ End Plate ‘ ‘ EPCX4/4 20 ‘ ‘ EPCX6/3 20 ‘ ‘ EPCX10/3 20
‘ Partition Plate ) ‘ ‘ PPCX4/4 20 ‘ ‘ = = ‘ ‘ = =
DIN Rail ~ || 2511120 20 2511120 20 2511120 20
CA701-15/S 20 CA701-15/S 20 CA701-15/S 20
End Stop CA702 50 CA702 50 CA702 50
@ CA802 50 CA802 50 CA802 50
CA103 50 CA103 50 CA103 50
Shorting Link/ 2pole | [ Jx4/2 100 JX6/2 100 JX10/2 100
Jumpers m 3pole | | JX4/3 50 JX6/3 50 = =
4pole | | Jx4/4 50 JIX6/4 50 = =
TOTTUUT000 10 pole | | JX4/10 10 JX6/10 10 - -
‘ Warning Label }/,7 ‘ ‘ WLX4 100 ‘ ‘ WLX6 100 ‘ ‘ WLX10 100
‘ Test Plug @ ‘ ‘ X4 50 ‘ ‘ TX6 50 ‘ ‘ TX10 50
‘ Marking Tag @‘ ‘ MT6 100 ‘ ‘ MT8 100 ‘ ‘ MT10 100
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DOUBLE LEVEL TERMINAL BLOCKS

CXDL2.5

o——oO0
O———O

CXDL2.5(1.S)

1

CX SERIES

SPRING TERMINAL BLOCKS

CXDLG2.5

o——oO
O———°0

CXDLG2.5(1.S)

o——o0
O——L—©°

Double Level Terminal with 2 feed

through circuits. Jumpers and Mark-

Internally shorted Double Level Ter-
minal for distribution applications.

Double Level Terminal with grounding
circuit on the lower level and stan-

Double Level Ground Terminal Block
internally shorted with 4 grounding

Dimensions ing at both levels. dard feed through at the top level. connections.
‘Width H 5mm H 5mm H 5mm H 5mm ‘
‘ Length ‘ ‘ 71 mm ‘ ‘ 71 mm ‘ ‘ 71 mm ‘ ‘ 71 mm ‘
Height w DIN Rail 35 x 7.5 mm 49.5 mm 49.5 mm 49.5 mm 49.5 mm
35x 15 mm 57 mm 57 mm 57 mm 57 mm
Technical Data/Ratings
Approvals
owls. o WL @ A @ A ¢ A @
I E220514 60947-7-1 E220514 60947-7-1 E220514 60947-7-1 E220514 60947-7-1
Wire Size (solid | stranded) 24-12AWG | 02-25mm? | 24-12AWG | 0.2-25mm?|  24-12AWG | 02-25mm? | 24-12AWG | 0.2-2.5 mm?
Voltage Rating 600V 1000V 600V 1000V 600V 1000V 600V 1000V
Current Rating 20A 24 A 20A 24 A 20A 24 A 20A 24 A
Insulation Material \ \ Polyamide 66 \ \ Polyamide 66 \ \ Polyamide 66 \ \ Polyamide 66
Installation Instructions
Wire Stripping LeNgth em——" 10 mm 10 mm 10 mm 10 mm
Screwdriver @ 0.5x3 mm 0.5x3 mm 0.5x3 mm 0.5x3 mm
Terminal Blocks Cat. No. Std. Pk. Cat. No. Std. Pk. Cat. No. Std. Pk. Cat. No. Std. Pk.
Grey (standard) CXDL2.5 50 CXDL2.5(1.5) 50 CXDLG2.5 50 CXDLG2.5(LS) 50
Red R CXDL2.5/R 50 CXDL2.5(.S)/R 50 Yellow / Green N
Blue BU CXDL2.5/BU 50 CXDL2.5(.)/BU 50
Black BL CXDL2.5BL 50 CXDL2.5(.S)/BL 50
Orange 0 CXDL2.5/0 50 CXDL2.5(.S)/0 50
Green G CXDL2.5/G 50 CXDL2.5(.5)/G 50
Yellow y CXDL2.5/Y 50 CXDL2.5(LS)Y 50
White w L1 | cxoL2.sm 50 CXDL2.5(.S)W 50
—
Accessories Cat. No. Std. Pk. Cat. No. Std. Pk. Cat. No. Std. Pk. Cat. No. Std. Pk.
‘ End Plate ‘ ‘ EPCXDL2.5 50 ‘ ‘ EPCXDL2.5 50 ‘ ‘ EPCXDL2.5 50 ‘ ‘ EPCXDL2.5 50 ‘
‘ Partition Plate g ‘ ‘ - - ‘ ‘ - - ‘ ‘ - - ‘ ‘ - - ‘
DIN Rail ~_r || 2511120 20 2511120 20 2511120 20 2511120 20
CA701-15/S 20 CA701-15/S 20 CA701-15/S 20 CA701-15/S 20
End Stop CA702 50 CA702 50 CA702 50 CA702 50
M CA802 50 CA802 50 CA802 50 CA802 50
CA103 50 CA103 50 CA103 50 CA103 50
Shorting Link/ 2pole | [ Ux2.5/2 100 IX2.5/2 100 IX2.5/2 100 IX2.5/2 100
Jumpers 3pole | | JX2.5/3 50 JIX2.5/3 50 JIX2.5/3 50 JIX2.5/3 50
4pole || JX2.5/4 50 JIX2.5/4 50 JIX2.5/4 50 JIX2.5/4 50
TOUOUT0000 10 pole | | JX2.5/10 10 JX2.5/10 10 JX2.5/10 10 JX2.5/10 10
‘ Warning Label }/,7 ‘ ‘ WLX2.5 100 ‘ ‘ WLX2.5 100 ‘ ‘ WLX2.5 100 ‘ ‘ WLX2.5 100 ‘
‘ Test Plug ? ‘ ‘ ™25 50 ‘ ‘ ™25 50 ‘ ‘ ™25 50 ‘ ‘ ™25 50 ‘
‘ Marking Tag @‘ ‘ MT5 100 ‘ ‘ MT5 100 ‘ ‘ MT5 100 ‘ ‘ MT5 100 ‘
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CX SERIES

SPRING TERMINAL BLOCKS

These are electronic series spring
clamp double level Terminal Blocks
with built in diodes and LED. The
built in diode acts as a free wheel-
ing diode which is connected
across the inductive load such as
relay coils, solenoid valves, con-
tractor coils to eliminate or sup-
press sudden voltage spike which
appears across the load when its

CXDL2.5(E)D1/D2 CXDL2.5(E)DD1

FIEI

O K

CXDL2.5(E)LD1

TERMINAL BLOCKS WITH ELECTRONIC COMPONENTS

CXDL2.5(E)DD2

supply voltage is removed.
Dimensions
‘Width ‘ 5mm ‘ ‘ 5mm ‘ ‘ 5mm ‘ ‘ 5mm
‘ Length ‘ 71 mm ‘ ‘ 71 mm ‘ ‘ 71 mm ‘ ‘ 71 mm
Height w DIN Rail 35 x 7.5 mm 49.5 mm 49.5 mm 49.5 mm 49.5 mm
35x 15 mm 57.0 mm 57.0 mm 57.0 mm 57.0 mm
Technical Data/Ratings
Approvals _
O cmme W@ . @ A @ A @
E220514 60947-7-1 E220514 60947-7-1 E220514 60947-7-1 E220514 60947-7-1
Wire Size (solid | stranded) 24-12 AWG  0.2-2.5 mm? 24-12 AWG | 0.2-2.5 mm? 24-12 AWG  0.2-2.5 mm? 24-12 AWG  0.2-2.5 mm?
Voltage Rating 600V 1000V 600V 1000V 600V 1000V 600V 1000V
Current Rating 20A 24.A 20A 24A 20A 24A 20A 24.A
Insulation Material \ \ Polyamide 66 \ \ Polyamide 66 \ \ Polyamide 66 \ \ Polyamide 66
Installation Instructions
Wire Stripping LeNgth em——— 10 mm 10 mm 10 mm 10 mm
Screwdriver @ 0.5x3 mm 0.5x3 mm 0.5x3 mm 0.5x3 mm
Terminal Blocks Cat. No. Std. Pk. Cat. No. Std. Pk. Cat. No. Std. Pk. Cat. No. Std. Pk.
Grey (standard) CXDL2.5(E)D1 50 CXDL2.5(E)DD1 50 CXDL2.5(E)LD1 50 CXDL2.5(E)DD2 50
CXDL2.5(E)D2 50
Accessories Cat. No. Std. Pk. Cat. No. Std. Pk. Cat. No. Std. Pk. Cat. No. Std. Pk.
‘ End Plate ‘ ‘ EPCXDL2.5 50 ‘ ‘ EPCXDL2.5 50 ‘ ‘ EPCXDL2.5 50 ‘ ‘ EPCXDL2.5 50
‘ Partition Plate L) ‘ ‘ = = ‘ ‘ = = ‘ ‘ = = ‘ ‘ = =
DIN Rail ~ - | [ 2511120 20 2511120 20 2511120 20 2511120 20
CA701-15/S 20 CA701-15/S 20 CA701-15/S 20 CA701-15/S 20
End Stop CA702 50 CAT702 50 CA702 50 CA702 50
@ CA802 50 CA802 50 CA802 50 CA802 50
CA103 50 CA103 50 CA103 50 CA103 50
Shorting Link/ 2pole | [ Ux2.5/2 100 JIX2.5/2 100 JIX2.5/2 100 JIX2.5/2 100
JUmpers g 3pole | | JX2.5/3 50 JIX2.5/3 50 JIX2.5/3 50 JIX2.5/3 50
4pole || JX2.5/4 50 JIX2.5/4 50 JIX2.5/4 50 JIX2.5/4 50
TOTOO00000 10 pole | | JX2.5/10 10 JX2.5/10 10 JX2.5/10 10 JX2.5/10 10
‘ Warning Label ;7 ‘ ‘ WLX2.5 100 ‘ ‘ WLX2.5 100 ‘ ‘ WLX2.5 100 ‘ ‘ WLX2.5 100
‘ Test Plug @ ‘ ‘ TX2.5 50 ‘ ‘ TX2.5 50 ‘ ‘ TX2.5 50 ‘ ‘ TX2.5 50
‘ Marking Tag @‘ ‘ MT5 100 ‘ ‘ MT5 100 ‘ ‘ MT5 100 ‘ ‘ MT5 100
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FUSE TERMINAL BLOCKS 5x20 mm

CX SERIES

SPRING TERMINAL BLOCKS

CXF4 CXF4(L)6-60V CXF4(L)110-240V
Dimensions
\ Width \ \ 6mm \ \ 6mm \ \ 6mm
\ Length \ \ 65.4 mm \ \ 65.4 mm \ \ 65.4 mm
Height w DIN Rail 35 x 7.5 mm 61.3 mm 61.3 mm 61.3 mm
35x 15 mm 68.8 mm 68.8 mm 68.8 mm
Technical Data/Ratings
woprowls e e e WA @ QA @ QA @
- E220514 60947-7-1 E220514 60947-7-1 E220514 60947-7-1
Wire Size (solid | stranded) 24-10 AWG 0.2-4 mm? 24-10 AWG 0.2-4 mm? 24-10 AWG 0.2-4 mm?
Voltage Rating 600V 1000 V 600V 1000V 600V 1000V
Current Rating 10A 10A 10A 10A 10A 10A
Insulation Material \ \ Polyamide 66 \ \ Polyamide 66 \ \ Polyamide 66
Fuse Specifications
Fuse Type 5x20 mm 5x20 mm 5x20 mm
LED Indicator Voltage - - 6-60V AC/DC 110-240V AC/DC
Installation Instructions
Wire Stripping LeNgth ems——— 10 mm 10 mm 10 mm
Screwdriver @ 0.6x3.5 mm 0.6x3.5 mm 0.6x3.5 mm
Terminal Blocks Cat. No. Std. Pk. Cat. No. Std. Pk. Cat. No. Std. Pk.
Grey (standard) CXF4 50 CXF4(L)6-60V 50 CXF(L)110-240V 50
Blue BU CXF4/BU 50 CXF4(L)B-60V/BU 50 CXF4(L)110-240V/BU 50
Black BL CXF4/BL 50 CXF4(L)B-60V/BL 50 CXF4(L)110-240V/BL 50
— I
Accessories Cat. No. Std. Pk. Cat. No. Std. Pk. Cat. No. Std. Pk.
‘ End Plate ‘ ‘ = = ‘ ‘ = = ‘ ‘ = =
‘ Partition Plate ) ‘ ‘ PPCX4/3 20 ‘ ‘ PPCX4/3 20 ‘ ‘ PPCX4/3 20
DIN Rail ~ | | 2511120 20 2511120 20 2511120 20
CA701-15/S 10 CA701-15/S 10 CA701-15/S 10
End Stop CA702 50 CA702 50 CA702 50
@ CA802 50 CA802 50 CA802 50
CA103 50 CA103 50 CA103 50
Shorting Link/ 2pole | | JX4/2 100 Jxa/2 100 JXa/2 100
Jumpers - 3 pole | | JX4/3 50 JX4/3 50 JX4/3 50
4pole | | Jxa/4 50 Jxa/4 50 Jxa/4 50
TOTOUO0U0T  10pole | | JX4/10 10 JX4/10 10 JX4/10 10
‘ Warning Label }/,7 ‘ ‘ WLX4 100 ‘ ‘ WLX4 100 ‘ ‘ WLX4 100
‘ Test Plug ? ‘ ‘ X4 50 ‘ ‘ TX4 50 ‘ ‘ X4 50
‘ Marking Tag @‘ ‘ MT6 100 ‘ ‘ MT6 100 ‘ ‘ MT6 100

Altech Corp.® « 35 Royal Road * Flemington, NJ 08822-6000 * Phone (908)806-9400 « FAX (908)806-9490

LED Circuit for offline
indication in CXF4L6-60V

.
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LED Circuit for offline
indication in CXF4L110-240V
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CX SERIES

SPRING TERMINAL BLOCKS COMPONENT CARRIER TERMINAL BLOCKS
cXcc4a CPD1 CPF CPF(L)
Dimensions
‘Width H 6 mm H 6 mm H 6 mm H 6 mm
‘ Length ‘ ‘ 65.4 mm ‘ ‘ 28 mm ‘ ‘ 28 mm ‘ ‘ 28 mm
Height w DIN Rail 35 x 7.5 mm 61.3 mm
35x 15 mm 68.8 mm
Technical Data/Ratings
opoals e mrre W @ A\ WG R @ R @
E220514 60947-7-1 E220514 60947-7-1 E220514 60947-7-1 E220514 60947-7-1
Wire Size (solid | stranded) 24-10 AWG | 0.2-4 mm? 24-10 AWG | 0.2-4 mm? 24-10 AWG | 0.2-4 mm? 24-10 AWG | 0.2-4 mm?
Voltage Rating 600V 1000V 600V 1000V 600V 1000V 600V 1000V
Current Rating 35A 32A 10A 10A 10A 10A 10A 10A
Insulation Material ‘ ‘ Polyamide 66 ‘ ‘ Polyamide 66 ‘ ‘ Polyamide 66 ‘ ‘ Polyamide 66
Carrier Specifications
Component Type Component carrier base Plug module with diode Plug module for 5x20 mm fuse | Plug module for 5x20 mm fuse
with LED indicator
LED Indicator Voltage - - - - 6-60V AC/DC
110-240V AC/DC
Installation Instructions
Wire Stripping LENGth cmmm—" 10 mm 10 mm 10 mm 10 mm
Screwdriver @ 0.6x3.5 mm 0.6x3.5 mm 0.6x3.5 mm 0.6x3.5 mm
Terminal Blocks Cat. No. Std. Pk. Cat. No. Std. Pk. Cat. No. Std. Pk. Cat. No. Std. Pk.
Grey (standard) CXCC4 50 CPD1 50 CPF 50 CPF(L)6-60V 50
CPF(L)110-240V 50
T T
Accessories Cat. No. Std. Pk. Cat. No. Std. Pk. Cat. No. Std. Pk. Cat. No. Std. Pk.
Foree Y| - - || - - |- - ][ - -
‘ Partition Plate E ‘ ‘ - - ‘ ‘ - - ‘ ‘ - - ‘ ‘ - -
DIN Rail | | 2511120 20 - - - - - -
L_[ | | CA701-15/S 10 - - - - - -
End Stop CA702 50 - - - - - -
@ CA802 50 = = = = = =
CA103 50 - - - - - -
Shorting Link/ 2pole | | JX4/2 100 - - - - - -
Jumpers = 3 pole | | JX4/3 50 = = = = = =
4pole | | JX4/4 50 - - - - - -
TOTOUO0T0T  10pole | | JX4/10 10 - - - - - -
‘ Warning Label }/,7 ‘ ‘ SWL4 50 ‘ ‘ = = ‘ ‘ = = ‘ ‘ = = ‘
‘ Test Plug @ ‘ ‘ X4 50 ‘ ‘ - - ‘ ‘ - - ‘ ‘ - - ‘
‘ Marking Tag @‘ ‘ MT6 100 ‘ ‘ MT6 100 ‘ ‘ MT6 100 ‘ ‘ MT6 100 ‘
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CX SERIES

DISCONNECT & TEST TERMINAL BLOCKS SPRING TERMINAL BLOCKS
CXK2.5
Dimensions
\ Width \ \ 5mm \
‘ Length ‘ ‘ 62.2 mm ‘
Height w DIN Rail 35 x 7.5 mm 38 mm
35x 15 mm 45.5 mm
Technical Data/Ratings
A I _
T ccmae W @
E220514 60947-7-1
Wire Size (solid | stranded) 24-12 AWG | 0.2-2.5 mm?
Voltage Rating 600V 1000V
Current Rating 20A 22A
Insulation Material ‘ ‘ Polyamide 66
Installation Instructions
Wire Stripping Length em—— 10 mm
Screwdriver @ 0.5x3 mm
Terminal Blocks Cat. No. Std. Pk.
Grey (standard) CXK2.5 50
Red R CXK2.5/R 50
Blue BU CXK2.5/BU 50
Black BL CXK2.5/BL 50
Orange 0 CXK2.5/0 50
Green G CXK2.5/G 50
Yellow Y L 1| cxkesy 50
White w L] | oxke.sw 50
Accessories Cat. No. Std. Pk.
‘ End Plate ‘ ‘ EPCX2.5/3 50 ‘
‘ Partition Plate L) ‘ ‘ PPCX4/3 20 ‘ Assembly example.
DIN Rail ~_r | | 2511120 20
CA701-15/S 10
End Stop CA702 50
@ CA802 50
CA103 50
Shorting Link/ 2 pole | | JX2.5/2 100
Jumpers = 3pole | | JX2.5/3 50
4 pole | | JX2.5/4 50
TOTTU00000 10 pole | | JX2.5/10 10
‘ Warning Label }/,7 ‘ ‘ WLX2.5 100 ‘
‘ Test Plug @ ‘ ‘ TX2.5 50 ‘
‘ Marking Tag @‘ ‘ MT5 100 ‘
Altech Corp.® + 35 Royal Road * Flemington, NJ 08822-6000 * Phone (908)806-9400 * FAX (908)806-9490 15




CX SERIES

SPRING TERMINAL BLOCKS SIDE ENTRY FEED THROUGH TERMINAL BLOCKS
CXS2.5 CXSG2.5
Dimensions GROUND TYPE
\ Width \ \ 5mm \ \ 5mm
‘ Length ‘ ‘ 43 mm ‘ ‘ 43 mm
Height w DIN Rail 35 x 7.5 mm 43.5 mm 43.5 mm
35x 15 mm 51 mm 51 mm
Technical Data/Ratings
Approvals _
P e W @ R @
E220514 60947-7-1 E220514 60947-7-1
Wire Size (solid | stranded) 24-12 AWG | 0.2-2.5 mm? 24-12 AWG | 0.2-2.5 mm?
Voltage Rating 600V 1000V 600V 1000V
Current Rating 20A 24A - -
Insulation Material \ \ Polyamide 66 \ \ Polyamide 66
Installation Instructions
Wire Stripping LENgth cm——" 10 mm 10 mm
Screwdriver @ 0.5x3 mm 0.5x3 mm
Terminal Blocks Cat. No. Std. Pk. Cat. No. Std. Pk.
Grey (standard) CXS2.5 50 CXSG2.5 50
Red R CXS2.5/R 50 Yellow / Green IRY
Blue BU CXS2.5/BU 50
Black BL CXS2.5/BL 50
Orange 0 CXS2.5/0 50
Green G CXS2.5/G 50
Yellow Y CXS2.5/Y 50
White w L] | oxs2.sm 50
Accessories Cat. No. Std. Pk. Cat. No. Std. Pk.
‘ End Plate ‘ ‘ EPCXS2.5 50 ‘ ‘ EPCXS2.5 50
‘ Partition Plate E ‘ ‘ - - ‘ ‘ - -
DIN Rail ~ | | 2511120 20 2511120 20
CA701-15/S 20 CA701-15/S 20
End Stop CA702 50 CA702 50
@ CA802 50 CA802 50
CA103 50 CA103 50
Shorting Link/ 2pole | | JX2.5/2 100 JX2.5/2 100
Jumpers = 3pole | | JX2.5/3 50 JX2.5/3 50
4pole | | JX2.5/4 50 JX2.5/4 50
TOTTUU0000 10 pole | | JX2.5/10 10 JX2.5/10 10
‘ Warning Label }/,7 ‘ ‘ WLX2.5 100 ‘ ‘ WL2.5 100 ‘
‘ Test Plug @ ‘ ‘ TX2.5 50 ‘ ‘ TX2.5 50 ‘
‘ Marking Tag @‘ ‘ MT5 100 ‘ ‘ MT5 100 ‘
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CX SERIES

PANEL MOUNT TERMINAL BLOCKS SPRING TERMINAL BLOCKS
CM1.5S CM1.582 CM2.5S CM2.5S82

Dimensions

‘Width H 5mm H 8 mm H 6 mm H 6 mm ‘

‘ Length ‘ ‘ 26.5 mm ‘ ‘ 26.5 mm ‘ ‘ 30 mm ‘ ‘ 30 mm ‘

Height (Panel Mount) | 18.0 mm | 18.0 mm | 20.0 mm | 20.0 mm |

Technical Data/Ratings

Approvals _
P ccmame W @ \ -\ WG \ -\ WG \ -\ WG
- E220514 60947-7-1 E220514 60947-7-1 E220514 60947-7-1 E220514 60947-7-1
Wire Size (solid / stranded) 24-16 AWG  0.2-1.5 mm? 24-16 AWG | 0.2-1.5 mm? 22-12AWG  0.2-2.5 mm? 22-12 AWG  0.2-2.5 mm?
Voltage Rating 300V 800V 300V 800V 300V 800V 300V 800V
Current Rating 10A 17A 10A 17A 20A 24 A 20A 24 A
Insulation Material \ \ Polyamide 66 \ \ Polyamide 66 \ \ Polyamide 66 \ \ Polyamide 66
Installation Instructions
Wire Stripping LeNgth em—— 8 mm 8 mm 8 mm 8 mm
Screwdriver @ 0.5x3 mm 0.5x3 mm 0.5x3 mm 0.5x3 mm
Terminal Blocks Cat. No. Std. Pk. Cat. No. Std. Pk. Cat. No. Std. Pk. Cat. No. Std. Pk.
Grey (standard) CM1.5S 100 CM1.552 100 CM2.5S 100 CM2.552 100
Red R CM1.5S/R 100 CM1.552/R 100 CM2.55/R 100 CM2.5S2/R 100
Blue BU CM1.55/BU 100 CM1.552/BU 100 CM2.5S/BU 100 CM2.552/BU 100
Black BL CM1.5S/BL 100 CM1.552/BL 100 CM2.5S/BL 100 CM2.552/BL 100
Orange 0 CM1.55/0 100 CM1.552/0 100 CM2.55/0 100 CM2.552/0 100
Green G CM1.55/G 100 CM1.552/G 100 CM2.55/G 100 CM2.552/G 100
Yellow Y CM1.55/Y 100 CM1.552/Y 100 CM2.55/Y 100 CM2.582/Y 100
White w CM1.55/W 100 CM1.552/W 100 CM2.55/W 100 CM2.582/W 100
— ——
Accessories Cat. No. Std. Pk. Cat. No. Std. Pk. Cat. No. Std. Pk. Cat. No. Std. Pk.
‘ End Plate ‘ ‘ EPCM1.5S 50 ‘ ‘ EPCM1.5S 50 ‘ ‘ EPCM2.5S 50 ‘ ‘ EPCM2.5S 50 ‘
‘ Marking Tag @‘ ‘ MT4 100 ‘ ‘ MT4 100 ‘ ‘ MT4 100 ‘ ‘ MT4 100 ‘
Altech Corp.® - 35 Royal Road + Flemington, NJ 08822-6000 + Phone (908)806-9400 - FAX (908)806-9490 17




CX SERIES

SPRING TERMINAL BLOCKS INDEX
Cat. No. Page Cat. No. Page Cat. No. Page Cat. No. Page
CM1.5S....coiiieeee, 17 CX10/R oo, 4 CX4/G .o, 4  CXDLG2.5/G................ 11
CM1.5S/BL.......ueeen...... 17 CX10/W..ooeeeeeeeeiees 4 CX4/O ..o, 4 CXDLG2.5/0................ 11
CM1.5S/BU.................. 17 CX10/Y ., /N ©) €Y/ = S 4 CXDLG25/R................ 11
CM1.55/G ....ccccevves 17 CX10BL....oooeeeeeeieeees 4 CXA/MW..ooeiiieeeeeiiieea, 4  CXDLG2.5/W............... 11
CM1.5S/0.....ccuvvveeeee. 17 CX25..ieeeeeeeeeee, 4 CXANY oo, 4  CXDLG2.5/Y ..o 11
CM15S/R ... 17 CX2.5/3...eeeeeeeeien, 5 CX4BL..errriiieannnn 4  CXF(L)110-240V.......... 13
CM1.5S/W.....ccovcvveeenns 17  CX2.5/3/BU.......cccuueee..e. I 69 J T 4  CXFd.eiiiieeeie, 13
CM1.5S/Y .., 17 CX2.5/3/G .., 5  CX6/3..ceiiieeiiiiiinnne, 6 CXF4(L)110-240V/BL ..13
CM1.582......veeeeee 17 CX2.5/3/0 ... 5 CX6/3/BL........ccccuuuuu..... 6  CXF4(L)110-240V/BU..13
CM1.582/BL................. 17 CX2.5/3/R ccceeeeeeieeeee, 5 CX6/3/BU........cccoveveennee. 6  CXF4(L)6-60V.............. 13
CM1.582/BU................ 17 CX2.5/3/Y ., 5 CX6/3/G.eeeeeeeeecne 6 CXF4(L)6-60V/BL ........ 13
CM1.582/G.......cc......... 17 CX2.5/4 ..., 5 CX6/3/0 .. 6  CXF4(L)6-60V/BU........ 13
CM1.582/0......ccouuee.... 17  CX2.5/4(E)D1................. 7  CX6/3/R ..ccceeeeeieeeenn, 6 CXF4/BL....cooeveeennneee. 13
CM1.582/R ....coeveeeeee.. 17  CX2.5/4/BL..................... 5 CX6/3/W..eeeeeeeeeennnee 6 CXF4/BU.....coeeeennnns 13
CM1.582/W.......cccc....... 17 CX2.5/4/BU.................... 5  CX6/3/Y .o 6 CXG10..cooieieeeeeeeeens 8
CM1.582/Y ..coeeectrenenns 17  CX2.5/4/G ....oeeeeeee, 5 CX6/BU.....cceecevcureeannne. 4  CXG10/3....coovveeeireennn. 10
CM25S......ccceeeeee 17  CX2.5/4/0 ...ueeeeeeeeeennn. 5 CX6/G..eeeeeeeeeeeeinnne, 4  CXG2.5..ieiieeeeeiienns 8
CM2.5S/BL........cc......... 17 CX2.5/4/R ..o, 5 CX6/O .. /N ©) (C V- 9
CM2.55/BU.................. 17  CX2.5/4/W.....ccccccveeennn, 5 CX6/R.ovieeeeeiieeeen, 4  CXG2.5/M4 ..o, 9
CM2.5S/G......uuveeeeeee. 17 CX2.5/4/Y ..o, 5 CX6/W..oeeeeeeeeeeeeinnee, 4  CXG4..ooovvveeeeeeeeeeees 8
CM2.5S/0.......uveeeeeen. 17  CX2.5/4P.....ueeeeeeeennn. VAR ), (57 A G 4 CXGA/3 .., 9
CM2.5S/R ...coeeevieeens 17  CX2.5/BU....cceeecreenn, 4  CX6BL..oooooovrreeeeeiiieene 4  CXG4/A ..o 10
CM2.5S/W......vvveeeenn. 17 CX2.5/G .., 4 CXCCA....vveeeeeeeee, 14  CXG6...oooovvveeeeeeeeeeees 8
CM2.5S/Y ..., 17 CX2.5/0 .., 4 CXDL2S....eeeeeeennn, 11 CXGB/3 ... 10
CM2.582......ccceevveeens 17 CX25/R .o, 4  CXDL2.5(E)D1............. 12 CXK2.5...ciiiieeeeieeee 15
CM2.582/BL................. 17 CX2.5/W..oeeeeeeeeeeeinns 4 CXDL25(E)D2............. 12 CXK2.5BL.....cceeeene..... 15
CM2.582/BU................ 17 CX2.5/Y ., 4  CXDL2.5(E)DDf .......... 12 CXK2.5/BU................... 15
CM2.582/G..........c....... 17 CX2.53//W...ooeeeerieennns 5 CXDL2.5(E)DD2.......... 12 CXK2.5/G...ccceveeeeen 15
CM2.582/0 .......cce....... 17  CX2.53/BL...cccceeeeccnnnnnnn. 5 CXDL2.5(E)LDf ........... 12 CXK2.5/0....ccueveeeeennn. 15
CM2.582/R ......ueeeee...... 17 CX25BL....uueeeeeeeeeennn. 4  CXDL2.5(L.S).....cccuunue.. 11 CXK2.5/R....vvvveeeaannn. 15
CM2.582/W........c.cc..... 17 CX4 e, 4  CXDL2.5(1.8)/BL.......... 11 CXK2.5/W .....ccccvveeenns 15
CM2.582/Y ....cvvveeeannn. 17 CXA/3 .., 5 CXDL2.5(.S)/BU.......... 11 CXK2.5/Y i 15
CPDT ..o 14  CX4/3/BL....uueeeeeeeennnn. 5 CXDL2.5(l.9)/G............ 11 CXS2.5....ciieeeeaenn. 16
CPF ., 14  CX4/3/BU.....ccccceureeennn, 5 CXDL2.5(l.9)/0............ 11 CXS2.5BL .....ccccvveeenn. 16
CPF(L)110-240V.......... 14 CXA4/3/G .., 5 CXDL2.5(l.S)/R............ 11 CXS82.5/BU................... 16
CPF(L)6-60V................ 14 CXA4/3/0 .., 5 CXDL2.5(l.S)/W ........... 11 CXS2.5/G.....uuveeeeeennn. 16
(09,4 10 F 4  CX4/3/R .o, 5  CXDL2.5(L.S)/Y ............ 11 CXS2.5/0...cccccccvieaannn. 16
CX10/3..ccceeiiieeeae, 6 CXA4/3/W..oeeeeeeeeeeeens 5 CXDL2.5/BU ................ 11 CXS2.5/R...cuvvvveeeaannn. 16
CX10/3/BU........cccec........ 6  CXA/B/Y .o, 5 CXDL2.5/G................... 11 CXS2.5/W ....cvvveeeeaenn. 16
CX10/3/G .. 6 CX4/A.eeeiiiieaan, 6 CXDL2.5/0......cccuueue... 11 CXS2.5/Y v, 16
CX10/3/0 ... 6 CX4/4/BU............cc....... 6 CXDL2.5/R.......cccuu..... 11 CXSG25....cuvvvveeeee 16
CX10/3/R ... 6 CX4/4/G ..., 6 CXDL2.5/W.................. 11
CX10/3/W...oeeeeeieaanne 6 CX4/4/0 ..o, 6 CXDL2.5/Y .ceeeccieennn. 11
CXA10/3/Y e 6 CX4/4/R ..o, 6 CXDL2.5BL.................. 11
CX10/3BL......ccuvvveeenen... 6  CXA4/4/W....eeeeeeeeeaannn. 6 CXDLG2s................ 11
CX10/BU.....coeeeuveeenne 4 CXA/A/Y oo, 6 CXDLG2.5(L.S)............. 11
CX10/G ... 4  CX4/4BL....ooueeeeeeeeannnnnn. 6 CXDLG2.5BL.............. 11
CX10/O ... 4 CX4/BU....eeeeeeeeeeennnn, 4 CXDLG2.5/BU.............. 11
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OTHER ALTECH PRODUCTS

Circuit Protection Devices

Smart Relays

Altech the market leader in UL508 Manual
Motor Controllers/ Miniature Circuit Breakers
now introduces UL489 Miniature Circuit
Breakers and UL1077 Supplementary Protec-
tors. The UL489 versions are DIN rail mounted,
17.5mm wide, thermal magnetic, 240V,
480Y/277V AC, 50/60Hz, 125 and 250 VDC
models, with short circuit interrupt capacity of
10kA, a positive trip indicator, and are line/load
reversible. The UL1077 versions are DIN rail
mounted, 17.5mm wide, thermal magnetic,
480Y/277V AC, 50/60Hz, a short circuit with-
stand capacity 10kA, have a positive trip indi-
cator.

Altech Corp.®

35 Royal Rd., Flemington, NJ 08822
908-806-9400

FAX 908-806-9490

www.altechcorp.com

Supports up to 48 I/Os (32 digital inputs & 16
digital outputs). DST Feature Available. Backlit
LCD Screen for display & modification of pre-
selected parameters of functional blocks,
viewing I/O status and programming on the
device. PC software for programming, online
& offline simulation, documentation & printing.
Designed for use in automation for commercial
& Industrial sectors. Modbus Communication.
UL 508 (UL File No. E352868), IEC 61000-3-2
and IEC 61000-4-2-1~11. 250 lines of ladder
programming. 16 soft text messages, Time
Switches, Compare Counters, Timers, Coun-
ters & 12 analog functions.

Altech Corp.®

35 Royal Rd., Flemington, NJ 08822
908-806-9400

www.altechcorp.com

Motor Disconnect Switches

Altech’s line of Motor Disconnect Switches are
UL 508 listed as Manual Motor Controllers for
AC Motor Starting Across-the-line and AC
General use. This new 16 page catalog in-
cludes the 3 different handle designs, which
are all available in gray/black or yellow/red
housings. Electrical ratings are 25-150A /
600V. The switches are non-fused DIN Rail
mountable. Neat features include: snap-on
auxiliary switches, door mounting kit and a
retrofit 30A fuse holder. Also featured are En-
closed Motor Disconnect Switches & Fused
Enclosed Motor Disconnect Switch (30A) in
plastic or stainless housings.

Altech Corp.®

35 Royal Rd., Flemington, NJ 08822
908-806-9400
www.altechcorp.com

Industrial Enclosures

Terminal Blocks

Power Supplies

CX SERIES

SPRING TERMINAL BLOCKS

Altech offers a broad selection of non-metallic
and aluminum Industrial Enclosures to meet
your diverse design requirements. Sizes range
from 1.97 x 2.05 x 1.38 to 35.43 x 11.81 x 5.59
inches. Materials include polycarbonate, poly-
styrene, polypropylene, ABS or aluminum.
Polycarbonate and aluminum series have been
recently expanded. Protection up to IP67
(NEMA 4, 4X). Smooth sidewalls or sidewalls
with knockouts. Enclosures can be mounted di-
rectly onto a panel, frame or other mounting
surfaces. EMI / RFI Coating is available. Com-
petitive cover printing is available. Hinge Kits.
Customization available.

Altech Corp.®
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Altech offers a NEW Terminal Block catalog
with the most competitively priced blocks in
the industry. We feature screw and spring
clamp models for DIN rail and panel mount ap-
plications. This advanced line of wire termina-
tion products will increase your design options
and help to get the job done more efficiently.
Our line of blocks include feed-through (single,
double or triple level), distribution, ground,
fuse, disconnect, thermocouple, surge sup-
pressor and indicator. A wide variety of acces-
sories, tools and ferrules are available.
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Altech DIN RAIL mountable power supplies
have Universal AC input. They are suitable for
industrial and automation applications. UL508
Listed or UL Recognized. Single and Three
phases up to 960W. Outputs of 5V, 12V, 15V,
24V and 48V. Class 2 devices are available. In-
stalled on DIN rail TS35/ 7.5 or 15. Protections
of Short circuit / Overload / Overvoltage / Over
temperature. Cooling by free air convection.
All-In-One DC-UPS, battery based. Ultra Ca-
pacitor DC-UPS, no battery required. World-
wide approvals. 3 year warranty.
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