
GENERAL PURPOSE FILTERSDHSERIES

DE & DH Series filters are for
health care equipment.

UL 544 & UL 2601 1. Maximum leakage current each
line-to-ground: @ 115VAC 60Hz: 2uA

@ 250VAC 50Hz: 5uA
2. Hipot rating (one minute)

line-to-ground: 2250VDC
line-to-ine: 1450VDC

3. Operating frequency: 50/60Hz
4. Rated voltage: 115/250VAC

SPECIFICATIONS

ELECTRICAL SCHEMATIC

MECHANICAL CONSTRUCTION
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COMMON MODE (L-G) IN 50 OHM SYSTEM
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SUGGESTED MOUNTING CUTOUT
(MOUNTING FROM FRONT)

SUGGESTED MOUNTING CUTOUT
(MOUNTING FROM FRONT)
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