
FIBER, WIRE & CABLE MANAGEMENT
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Item  
No. Ø Holding

Mounting 
Method Figure

A Ref B Ref Bulk 
Pack
Qtyin mm in mm

SHR-C1 To hold SHR-20 & SHR-25 1 Snaps into a 0.252 in. (6.4 mm) Hole in a 0.031-0.079 in. (0.8-2.0 mm) Panel 1.140 29.0 1.670 42.5 500
SHR-C2 To hold SHR-20 & SHR-25 2 #8 or M4 Screw 1.180 30.0 1.280 32.5 500
SHR-C3 To hold SHR-20 & SHR-25 2 Adhesive 1.180 30.0 1.280 32.5 500
SHR-C4 To hold SHR-20 & SHR-25 3 Snaps into a 0.370 in. (9.5 mm) Square Hole in a 0.031-0.079 in. (0.8-2.0 mm) Panel 1.180 30.0 1.630 40.5 500

Specifications:
• Material: UL94 V-2 Nylon 6/6
• Color: Black

Features:
•  Adjustable clips to hold both the SHR-20 and SHR-25 

slit harness wrap (see above)
•  Internal ribs grip the wrap securely

Item No. Bundle Range A Ref. B C Ref. Roll Length
Pack
Qty

UL94 HB Nylon Polyethylene LDPE
Natural Black Approval in mm in mm in mm in mm ft m

HR2N-1/8 — — 0.062 - 0.500 1.6 - 12.7 0.125 3.2 0.020 0.5 0.170 4.3 100 30.48 1
HR3N-3/16 — — 0.125 - 1.000 3.2 - 25.4 0.187 4.8 0.020 0.5 0.250 6.4 100 30.48 1
HR4N-1/4 — — 0.187 - 1.500 4.8 - 38.7 0.250 6.4 0.025 0.6 0.300 7.6 100 30.48 1
HR6N-3/8 — — 0.312 - 2.000 7.9 - 50.8 0.375 9.5 0.035 0.9 0.380 9.5 100 30.48 1
HR8N-1/2 — — 0.750 - 3.000 19.1 - 76.2 0.500 12.7 0.040 1.0 0.500 12.7 100 30.48 1

— HR2P-1/8 — 0.062 - 0.375 1.6 - 9.5 0.125 3.2 0.020 0.5 0.170 4.3 100 30.48 1
— HR3P-3/16 — 0.125 - 1.000 3.2 - 25.4 0.187 4.8 0.030 0.8 0.250 6.4 100 30.48 1
— HR4P-1/4 — 0.187 - 1.000 4.8 - 25.4 0.250 6.4 0.050 1.3 0.300 7.6 100 30.48 1
— HR6P-3/8 — 0.312 - 2.000 7.9 - 50.8 0.375 9.5 0.050 1.3 0.380 9.5 100 30.48 1
— HR8P-1/2 — 0.750 - 3.000 19.1 - 76.2 0.500 12.7 0.060 1.5 0.500 12.7 100 30.48 1
— — HR4U-1/4 0.187 - 0.750 4.8 - 19.1 0.250 6.4 0.050 1.3 0.300 7.6 100 30.48 1
— — HR6U-3/8 0.312 - 2.000 7.9 - 50.8 0.375 9.5 0.050 1.3 0.380 9.5 100 30.48 1
— — HR8U-1/2 0.750 - 3.500 19.1 - 88.9 0.500 12.7 0.060 1.5 0.500 12.7 100 30.48 1

HR Series 
Spiral Wrap

Specifications:
•  Material: See Table
•  Color: See Table
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SHR Series
Slit Harness Wrap

CAT Series
Installation Tool for SHR

Cable Holder

Guide Body
AKA Horn

ØB

Specifications:
•  Material: See Table
•  Color: Black

Features:
• The easiest and quickest way to wrap cables
•  Insert cables into the CAT installation tool
• Feed the slit end of the wrap over the horn of 

the tool and "zip" the wires into a neat bundle
•  Allows for breakout of the cables
•  Provides abrasion protection

Item No.

Approval

Max Bundle 
Range A B C Roll Length

Installation Tool  
Part Number

Pack
Qty

UL94 V-0
Nylon 6 Nylon 6 LDPE In mm In mm In mm In mm Ft m

SHR-05-6V0B SHR-05-6NB SHR-05-PPB 0.240 6.0 0.200 5.0 0.032 0.8 0.390 10.0 328 100 CAT-05-PP-BL 1
SHR-08-6V0B SHR-08-6NB SHR-08-PPB 0.390 10.0 0.310 8.0 0.032 0.8 0.390 10.0 328 100 CAT-08-PP 1
SHR-15-6V0B SHR-15-6NB SHR-15-PPB 0.630 16.0 0.590 15.0 0.032 0.8 0.550 14.0 164 50 CAT-15-PP 1
SHR-20-6V0B SHR-20-6NB SHR-20-PPB 0.900 23.0 0.790 20.0 0.035 0.9 0.670 17.0 98 30 CAT-20-PP 1
SHR-25-6V0B SHR-25-6NB SHR-25-PPB 0.980 25.0 0.980 25.0 0.039 1.0 0.790 20.0 66 20 CAT-25-PP 1
SHR-32-6V0B SHR-32-6NB SHR-32-PPB 1.250 32.0 1.250 32.0 0.050 1.3 0.980 24.9 49 15 CAT-32-PP 1

Item
No.

Ø Max Bundle B To Be
Used With

Pack
Qty in mm

CAT-05-PP-BL 0.240 6.0 SHR-05 1
CAT-08-PP 0.370 9.5 SHR-08 1
CAT-15-PP 0.630 16.0 SHR-15 1
CAT-20-PP 0.790 20.0 SHR-20 1
CAT-25-PP 0.960 24.5 SHR-25 1
CAT-32-PP 1.220 31.0 SHR-32 1

C ØA

B

Features:
•  Protects wires from wear
•  Easy to install

SHR-C Series
SHR Clip
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