Solderless terminals

|::| QU / CK DI S CONNE CT Female, Vinyl-insulated with copper sleeve I::'

2 2 D
E )
L L
Without wire-stop
File No.: @) E70188 @B LR20812
Dimensions mm (in.) Toot Mo
Applicable Wire Part No. Standard Color § § % é uiv Qty/box
AWGH(mMm?) W 1 . a5 . Material | Mating Tab P N s Y Y B
Thickness | Thickness SRR RN
2610 22 FVDDF0.5-110A-5* |@ @ | 3.7 (.146) |16.4 (.646) | 6.4 (:252) | 2.2(.087) | 8.0 (.315) | 0.25(.010) | 0.5 (.020) velow | o olo ol 1000
ol (02t05) FVDDF05-110A-8* (@ @ | 3.7(.146) |16.4(.646) | 6.4(.252) | 2.2(.087) | 8.0(.315) | 0.25(.010) | 0.8 (.031) '
= FVDDF1.25-110A-5 |@ @ | 3.7(.146) [17.9(.705) | 6.4(.252) | 3.5(.138) | 9.5(.374) | 0.25(.010) | 0.5 (.020)
221016 FVDDF1.25-110A-8 |@ @ | 3.7(.146) [17.9(.705) | 6.4 (.252) | 3.5(.138) | 9.5(:374) | 0.25(.010) | 0.8 (.031)
(0.25t01.65 | FVDDF1.25-187A-5 |@ @ | 5.7 (.224) |18.7 (.736) | 6.0 (.236) | 3.5(.138) | 9.5 (:374) | 0.35(.014) | 0.5 (.020) Red ° 010]9 0| Loo0
_ FVDDF125-187A-8 |@ @ | 5.7 (224) |18.7(.736) | 6.0 (.236) | 3.5(.138) | 9.5(.374) | 0.35(.014) | 0.8 (.031)
= 16 to 14 FVDDF2-187A5  |@ @& | 5.7(224) |18.7(.736) | 6.0 (236) | 4.3(.169) | 9.5(.374) | 0.35(.014) | 0.5 (.020) e ol Tolololol 1000
(1.04t02.63) | FVDDF2-187A-8 |@® @ | 5.7(224) |18.7(.736) | 6.0(.236) | 4.3(.169) | 9.5(.374) | 0.35(.014) | 0.8 (.031) '
221016 FVDDF1.25-205A-5* |@ @ | 6.3(.248) [18.7(.736) | 6.4 (:252) | 3.5(.138) | 9.5(.374) | 0.4 (.016) | 0.5 (.020) . o olololol 100
9 (0.25t01.65) | FVDDF1.25-205A-8* @ @ | 6.3 (.248) |18.7(.736) | 6.4(.252) | 3.5(.138) | 9.5(:374) | 0.4 (.016) | 0.8 (.031) '
o 1610 14 FVDDF2-205A5* |@ @ | 6.3(.248) [18.7(.736) | 6.4(.252) | 4.3(.169) | 9.5(:374) | 0.4 (.016) | 0.5 (.020) . ol lolololol 1000
(1.0410263) |FVDDF2-205A-8* |@ @ | 6.3(.248) |18.7(.736) | 6.4 (252) | 4.3(.169) | 9.5(.374) | 0.4 (.016) | 0.8 (.031) '
210160251165 |FVDDFL.25250A |@ @ | 7.4(.291) |20.5(.807) | 7.8(.307) | 3.5(.138) | 9.5(.374) | 0.4(.016) | 0.8(.031) | Red 0 o|o|o o] 1,000
161014 (L0410 263) | FVDDF2-250A @@ | 7.4(291) [205(.807) | 7.8(307) | 4.3(.169) | 9.5(374) | 0.4 (.016) | 0.8 (.031) | Blue o| |o|o|o]|o]|1,000
| 120010(26310664) | FVDDF5.5 -250A @@ | 7.4(291) [24.5(.965) | 7.8(.307) | 6.2(.244) |13.5(.531) | 0.4 (.016) | 0.8 (.031) | Yellow 0 o|o| 500
N1 21016(02510165 | FVDDFL125-250B* |@ @ | 7.6 (:299) [20.5(.807) | 8.0(:315) | 3.5(.138) | 9.5(.374) | 0.45(.018) | 0.8 (.031) | Red 0 o|o|o|o] 1,000
161014 (10410263 | FVDDF2 -250B * @@ | 7.6(299) |20.5(.807) | 8.0(315) | 4.3(.169) | 9.5(.374) | 0.45(.018) | 0.8 (.031) | Blue o| |olo|o]|o]1,000
121010(26310664) | FVDDF5.5-250B* |@ @ | 7.6 (.299) |24.5(.965) | 8.0 (.315) | 6.2 (.244) |13.5 (.531) | 0.45(.018) | 0.8 (.031) | Yellow 0 o|o| 500
10| 161014(10410263) | FVDDF2-375A % 11.0(:433) |25.2 (.992) [12.0 (472) | 4.3(.169) | 9.5(:374) | 0.5(.020) | 1.1(.043) | Blue o| |o|ofo]|o]|1,000
| 121010(26310664) | FVDDF5.5 -375A * 11.0 (433) |29.2(1.150)|12.0 (472) | 6.2 (.244) |13.5(531) | 0.5(.020) | 1.1(.043) | Yellow 0 o|o| 500

Note:1) Products marked with * are without wire-stop.
2) Delivery lead times may vary depending on the product. Contact JST for details.
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Solderless terminals

|::| Q U I CK DI S CON N E CT Female,Vinyl-insulated with funnel-entry copper sleeve D

= DT . &)
E 2
L
File No.: U) E70188 (§P LR20812
Di . (in) Tool No.
_ _ imensions mm (in. o< =
Applicable Wire Part No. Standard : , Color |§|& 2 | Qtylbox
AWGH (mm?) w L E 4D . Material | Mating Tab Py N () Y o
Thickness | Thickness 22818
o FVZDF1.25110A5  |@ @ | 3.7(146) | 19.4 (.764)| 6.4(252) | 3.6 (.142) |11.0 (433) | 0.25(.010)| 0.5 (.020)
i
S 21016 FVZDFL25110A8  [®@ [ 37(146) [194(764)| 64(252) | 36(142) [110(433) | 025(010)] 08(03D) | | | | || 1T
(025t01.65) | FVZDFL25-187A5  |@ @ | 5.7 (224) | 20.2(.795)| 6.0 (:236) | 3.6 (.142) |11.0 (433) | 0.35(.014)| 0.5 (.020) '
- FVZDFL25-187A8  |@ @ | 5.7(224) | 20.2 (795)| 6.0(236) | 3.6 (.142) |11.0 (433) | 0.35(.014)| 0.8 (031)
[ee)

- 1610 14 FVZDF2-187A-5 (OIS 5.7(.224) | 20.2 (.795) | 6.0(.236) | 4.3(.169) {11.0(.433) | 0.35(.014)| 0.5(.020) Blue ololololo 1,000
(10410263) | FVZDF2-187A-8 @@ | 57(224) | 202(795)| 6.0(236) | 43 (.169) |11.0(:433) | 0.35(014)| 0.8 (031) ’
o[2016(0250165 | FVZDF125-250A @@ | 7.4(291) | 22.0 (:866)| 7.8(307) | 3.6(142) |11.0(433) | 0.4(.016) | 0.8(031) | Red |o| |o|o|o]o] 1,000
161014 (L0410263) | FVZDF2-250A @@ | 7.4(291) | 22.0 (:866)| 7.8(307) | 4.3(.169) |11.0(433) | 0.4(.016) | 0.8(.031) | Blue | |o]o|o|o]o] 1,000
|

Note:1) Delivery lead times may vary depending on the product. Contact JST for details.
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Solderless terminals

|::| Q U I CK DI S C ON N E CT Female, Fully-insulated with copper sleeve I::‘

»
z 9
E 2
L
. . . . File No.: E70188 LR20812
With straight insulation @ &
Di i (in) Tool No.
imensions mm (in. 172}
. . O < <
Applicable Wz"e Part No. Standard ‘ . Color |&|3 § 3| Qty/box
AWGH (mm?) w L E 4D p Material | Mating Tab P I N Y PN P g
Thickness | Thickness ==l H I
221016 LVDDF1.25-187A-5 (@ @ | 5.7(.224) | 20.0(.787)| 6.0 (.236) | 2.7 (.106) | 11.0 (.433)| 0.35(.014)| 0.5 (.020) il | olololol 1000
= (0.25t01.65 | LVDDF1.25-187A-8 |@ @ | 5.7(.224) | 20.0(.787) | 6.0(.236) | 2.7 (.106) | 11.0(.433) | 0.35(.014)| 0.8 (.031) '
= 16 t0 14 LVDDF2-187A-5 @@ | 57(224) [20.0(.787) | 6.0(.236) | 3.2(.126) | 11.0(.433) | 0.35(.014)| 0.5(.020) i ol lolololo| 1000
(1.04102.63) | LVDDF2-187A-8 @@ | 57(224) [20.0(.787) | 6.0(.236) | 3.2(.126) | 11.0 (.433) | 0.35(.014)| 0.8 (.031) '
21016(02510165 | LVDDFL125-250A |@ @ | 7.4(.291) | 22.0(.866)| 7.8(.307) | 2.7 (.106) | 11.0(.433)| 0.4(.016) | 0.8(.031) | Red |oO ojojo|o 500
3| 16t014(L0410263) | LVDDF2-250A @@ | 7.4(291) | 22.0(.866)| 7.8(.307) | 3.2(.126) | 11.0(.433)| 0.4 (.016) | 0.8(.031) | Blue o| [o]|ofo|o| 1,000
121010(26310664) | LVDDF5.5 -250A  |@ @ | 7.4(.291) | 25.0 (.984) | 7.8(.307) | 45(.177) | 14.0 (551) | 0.4 (.016) | 0.8 (.031) | Yellow 0 o|o 500
Note:1) Delivery lead times may vary depending on the product. Contact JST for details.
z )
E 2
L
. : . File No.: E70188 LR20812
With flared insulation @ ¥
Di . in) Tool No.
Imensions mm (in. 172}
. . < <
Applicable V\Qre Part No. Standard , , Color |§|3 g. 3 | Qtylbox
AWGH#(mm?) W L E 4D 2 Material | Mating Tab P N N T N R P
Thickness | Thickness 22|28 SIS
221016 FLVDDF1.25-187A-5 |@ @ | 5.7 (.224) | 19.0 (.748) | 6.0(.236) | 3.5(.138) | 9.5(:374) | 0.35(.014)| 0.5(.020) . olololol 1000
= (0.25t01.65 | FLVDDF1.25-187A-8 |@ @ | 5.7(.224) | 19.0 (.748) | 6.0(.236) | 3.5(.138) | 9.5(.374) | 0.35(.014)| 0.8 (.031) '
= 16 t0 14 FLVDDF2-187A5 (@@ | 5.7(224) | 19.0(.748)| 6.0(.236) | 4.3(.169) | 9.5(.374) | 0.35(.014)| 0.5 (.020) . ol lolololo| 1000
(1.04t02.63) | FLVDDF2-187A-8 |@ @ | 5.7(224) [19.0(.748)| 6.0(.236) | 4.3(.169) | 9.5(.374) | 0.35(.014)| 0.8 (.031) '
o| 2016(0250165 | FLVDDF1.25-250A |@ @ | 7.4(.291) | 21.0(827) | 7.8(307) | 35(138) | 9.5(374) | 0.4(016) | 0.8(031) | Red | O ojo|ofo 500
| 161014(10410263) | FLVDDF2-250A @@ | 7.4(291) | 21.0(.827)| 7.8(.307) | 4.3(.169) | 9.5(.374) | 0.4(.016) | 0.8(.031) | Blue o| |o|ofo]o 500

Note:1) Delivery lead times may vary depending on the product. Contact JST for details.
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Solderless terminals

QU I CK DI S CON N E C T Female, Fully-insulated with funnel-entry copper sleeve D

z )
E [
L
File No.: @ E70188 @ LR20812
. . . Tool No.
. ) Dimensions mm (in.) ol -
Applicable Wire Part No. Standard Color |&|3 3| Qty/box
AWGH#(mm?) W L £ 2D 2 Material | Mating Tab Pl N ) RN R
Thickness | Thickness ISR
2210 16 FLVZDF1.25-187A-5 @@ | 57(224) |20.5(.807) | 6.0(.236) | 3.6 (.142) [11.0(:433) | 0.35(.014) | 0.5 (.020) red |o| lolololo| 1000
~| (0.25t0165) |FLVZDF1.25-187A-8 @@ | 57(224) |205(.807) | 6.0(.236) | 3.6 (.142) |11.0(.433) | 0.35(.014)| 0.8 (.031) '
& 16 to 14 FLVZDF2-187A-5 @@ 5.7(.224) 120.5(.807) | 6.0(.236) | 4.3(.169) |11.0(.433) | 0.35(.014)| 0.5 (.020) Blue ololololol 1000
(1.04t02.63) |FLVZDF2-187A-8 ®@ 5.7(.224) 20.5(.807) | 6.0(.236) | 4.3(.169) |11.0(.433) 0.35(.014) .8 (.031) '
) 21016(0.2510165 | FLVZDF1.25-250A ®@ 7.4(.291) |22.5(.886) | 7.8(.307) | 3.6 (.142) |11.0(.433) | 0.4(.016) | 0.8(.031) | Red |O 0|0j0j0| 1,000
| 16t014(L040263) | FLVZDF2-250A @@ | 7.4(291) [22.5(.886) | 7.8(.307) | 4.3(.169) |11.0(433)| 0.4(.016) | 0.8 (.031) | Blue olofofolo] 1,000

Note:1) Delivery lead times may vary depending on the product. Contact JST for details.
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Solderless terminals

|::| Q U I C K DI S C ON N E CT Male, Vinyl-insulated with copper sleeve I::‘

y
Oy °
)
E 2
L
File No.: @) 70188 @B LR20812
Di . (in) Tool No.
imensions mm (in. @)
A a | <t <
Applicable Wire Part No. Standard , . color |X|3|& 3| Qty/box
AWGH#(mm?) W L £ 2D 2 Material | Mating Tab P NS (DS T N R
Thickness | Thickness === SHSqi i
2016050165 |FVDDML25-250  |@ @ | 6.3(.248) |20.5(807) | 8.0 (.315) | 3.5(.138) | 9.5(.374) | 0.4 (.016) | 0.8(.031) | Red |0 olofolo| 1,000
3| 16014(L040263 | FVDDM2-250 @@ | 6.3(248) |205(.807) | 8.0(315) | 4.3(.169) | 9.5(.374) | 0.4 (.016) | 0.8(.031) | Blue o| [o|ofolo| 1000
2010260664 | FVDDMS5.5-250 @@ | 6.3(248) |245(965) | 8.5(335) | 6.2(:244) |135(531) | 0.4 (.016) | 0.8 (.031) | Yellow 0 olo| 500
Note:1) Delivery lead times may vary depending on the product. Contact JST for details.
/ Solderless terminals X
=l PIGGYBACK Vinyl-insulated with copper sleeve [O==—
2
E2 L % ’ D\)
=
S D
File No.: (U0 E70188 @B LR20812
Di . (in) Tool No.
imensions mm (in.
. . | < <
Gl gl Part No. Standard Color || & B | Qtylbox
AWGH#(mm?) w 1 E 2D 2 Material T R S A RN g s
W1 W2 E1 E2 Thickness = SIS SR
74 6.3 20.5 7.8 8.0 3.5 9.5 0.4 0.8
- 2116(0510165 | FVDDFM1.25-250A |@ @ (201) | (248) | (807) | (.307) (315) (138) | (374) (.016) (031) Red |0 0o|j0|0]|0 500
& FVDDFM2-250A @ 76(299)| g3 |22.0(866) 78 8.0 43 95 0.4 0.8
002 y ; y : : y : Bl o|ojo|o|o
BOLAMOI) o DrMo2508 | ®@ |74(290)| (248) [;a(ary| (300) | (315) | (170) | (374) | (ole) | (03)) | PV 500

Note:1) Terminals FVDDFM2-250A have no slits in the receptacle part.
2) Delivery lead times may vary depending on the product. Contact JST for details.
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