
85 |

S
E

N
S

O
R

S
M

IC
R

O
-S

IG
N

A
L
 S

W
IT

C
H

E
S

S
N

A
P

-A
C

T
IO

N
 S

W
IT

C
H

E
S

T
A

C
T

 A
N

D
 K

E
Y

 S
W

IT
C

H
E

S
P

O
W

E
R

 T
O

O
L
 S

W
IT

C
H

E
S

F
O

O
T

 S
W

IT
C

H
E

S
R

O
T

A
R

Y
 S

W
IT

C
H

E
S

S
L

ID
E

 S
W

IT
C

H
E

S
T

O
G

G
L

E
 S

W
IT

C
H

E
S

P
U

S
H

B
U

T
T

O
N

 S
W

IT
C

H
E

S
R

O
C

K
E

R
 S

W
IT

C
H

E
S

Mechanical life endurance 10E4

Actuator IP 40

Material actuator 

 housing

PA glass fiber-reinforced 

PA glass fiber-reinforced

Interference suppressor C = 0.22 µF 275 V AC

Approval marks  /  / 

ON REQUEST

Other colors

Other connection variants

Without interference suppression capacitor

Higher ratings up to 12 (12) A
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PRODUCT FEATURES

Double-pole OFF switch

Powerful up to 14 A (UL) and 100 000  

mechanical switching cycles 

Dust protected
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double-pole

1257.0101 l l l l l
2 x 6.3 x 0.8 

2 x M4 Torx
 3 Ag

ON/OFF switch (DPST)

Basic type 1257 Quick-connect terminal motor 

side, socket terminal mains side 
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SERIES 1257 - DOUBLE-POLE ROCKER SWITCHES

TO 8 (8 ) A 250 V AC


