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Crimp barrel accomodation for LF contacts

Hand crimp tool reference Positioner Contacts type Contacts reference Wire size (AWG) Crimp tool setting

DANIELS MH800 K1692 Male C 12960 22 6

DANIELS MH800 K1692 Male S 12969 24 7

DANIELS MH800 K1692 Male S 12969 26 & 28 6

DANIELS MH800 K1692 Female C C13064-P 22 6

DANIELS MH800 K1692 Female S C12468 24 7

DANIELS MH800 K1692 Female S C12468 26 & 28 6

Crimp barrel accomodation for central contact HF30 series

Hand crimp tool reference Positioner Conductor Crimp tool setting

DANIELS MH800 K1131 Ø 0,30 2 & 3

DANIELS MH800 K1131 Ø 0,50 3 & 4

Tools reference Barrel

DANIELS MH800 only MH800

Positioner K1692 only C12929

Positioner K1131 only K1131

DANIELS MH800 & K1131 C12237

DANIELS MH800 & K1692 C14925

Crimp barrel accomodation for crimping coaxial contact shield

Hand crimp tool reference Dies Hexagonal imprint

DANIELS HX3 C13847 Hex. 1,9 / Hex. 2,4 / Hex. 2,8

DANIELS HX3 C14680 Hex. 3,25 / Hex. 4

DANIELS HX3 C14923 Hex. 1,9 / Hex. 2,4 / Hex. 2,8

Tools reference Reference Nicomatic

DANIELS HX3 only 13858

DANIELS HX3 & C13847 C12238

DANIELS HX3 & C14680 C14770

DANIELS HX3 & C14923 C14924

Tools

DANIELS MH800 TOOL AND POSITIONER P/N K1131 & K1692

DANIELS HX3 TOOL P/N 13858

STOP C14922 (HP CONTACT)

Stop for crimping of HP30 & HP22 contacts with a Hex. 1,9 mm

(compatible with C13847 crimp dies).




