Impelier: Aluminum Alloy

Mator: AC Shaded pole

Insulation Class: E.B.F

Insulation Withstand: AC 1500W/1 minute
Insulation Resistance: =100M ohm DCS00Y
Operating Temp: 0C ~ +435C

AC Crossaxial Blower
OABA40 series

Bearing: *
Indicate “B" for Ball or “3" for Sleeve
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Knight Electronics, Inc OrionFans.com
10557 Metric Dr. Information and data
Dallas, Texas 75243 is subject lo change without
214-340-0265 prior notification
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Text Box
OAB40 series



