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MLCC (Muti Layer Ceramic Capacitor)
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Specifications
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DC Bias Characteristics
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AC Voltage(vims)

AC Voltage Characteristics
LCR meter, 0.12kHz

Size Length Width Thickness

0603 (unitinch},
1608(unit:mm)

1.60+0.20mm 0.80+£0.20mm 0.80+£0.20mm
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Temperature Characteristics of Capacitance(TCC)
LCR meter, 0.12kHz, 0.1Vrms
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Bias TCC Characteristics
LCR meter, 0.12kHz, 0.5Vrms, 2Vdc
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Rippie Current(Amms)

Temperature Rise by Ripple Current

Any data in this sheet are subject to change, modify or discontinue without notice. The data sheets include the typical data for design reference only.
If there is any question regarding the data sheets, please contact our sales personnel or application engineers.
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