
Type 8513 S/... W, 8813 S/... W
Connection horizontal to PCB

Type 8513 S/... G, 8813 S/... G
Connection vertical to PCB
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PCB headers,
pitch 3.50/3.81 mm

Box Qty GFL G T Pole Part No. Part No. Part No. Part No.

Rated voltages VDE 0110

UL Data

CSA Data

Approvals 

unmarked unmarkedPitch 3.50 mm

Rated current:
8 A

125 V/2.5 kV/3 – overvoltage category III
250 V/2.5 kV/2 – overvoltage category II

*690 V/2.5 kV/1 – overvoltage category I

Approvals for type 8513 have been applied for

* max. 600V for non earthed systems or expected overvoltage 
! 3 kV for L " 2.00 mm and ! 2.5 kV for 2.0 mm > L " 1.5 mm

unmarked unmarkedPitch 3.81 mm

Solder pin 0.8 x 0.8 mm
Bore hole Ø 1.2 mm

Solder pin 0.8 x 0.8 mm
Bore hole Ø 1.2 mm

Coding part

(branch)

When using coding parts, the coding fins on the terminal 
connector should be removed

Accessories:


