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CPB2 Series Waterproof Connector

. . . Wire Current
Series Picture Pitch Row PIN Range Rating IP
& Single Row | 02,03, 04
P 2.00 mm AWG .
CPB2 P #22~#26 | 1A~3A IPX7
Dual Row 06, 08
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CPB2 2.00mm Wire to Wire Waterproof Connector

Picture Specification Materials Plating CviLux PN
) Receptacle Housing Housing: gﬁggggggsgg
’\’// o PEIL VIR0 CPB204S0R00
> ’ No. of circuits: —
" Single Row: 02, 03, 04 Rubber Seal: CPB206SDR0O0
Dual Row: 06, 08 Silicone Rubber CPB208SDR00
/;\; Female Crimp Terminal
2 P’ \\ N .
»/;\"ﬁ\\~\ Wire gauge: Copper alloy Tin-Plated CPB2TO21PES
| AWG #22, #24, #26
. \ CPB202POR00O
- Plug Housing Housing: CPB203PORO0
- J ilu PBT, UL 94V-0 CPB204POR00
e~ 4 No. of circuits:
./ Single Row: 02, 03, 04 Rubber Seal: CPB206PDR00
Dual Row: 06, 08 Silicone Rubber CPB208PDR00
*)\\ Male Crimp Terminal
= P C I Tin-Plated CPB2T021BPP
# y’;\)\ wifodsllge opper alloy in-Plate

AWG #22, #24, #26
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